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jEagst PD OD |C(FID)| FOD B TS E 2L OD |C(FID)| FOD B TSR
8 3.82 3.36 - - - - 80 38.20 | 37.74 33.0 42 a FA10042033
9 4.30 3.84 - - - - 81 38.67 38.21 34.0 44 a8 FA10044034
10 477 4.31 - - - - 82 39.15 38.69 34.0 44 8 FA10044034
11 5.25 479 - - - - 83 39.63 39.17 34.0 44 8 FA10044034
12 5.73 5.27 - - - - 84 40.11 39.65 36.0 456 a8 FA10046036
13 6.21 5.75 - - - - 85 40.58 | 4012 36.0 46 10 FA10046036
14 6.68 B6.22 50 12 - FA10012005 86 41.068 40.60 36.0 46 10 FA10046036
15 716 B6.70 5.0 12 - FA10012005 87 41.54 41.08 36.0 46 10 FA10048036
16 7.64 7.18 5.0 12 5 FA10012005 88 4202 | 4156 | 36.0 46 10 FA10046036
17 8.12 7.66 50 12 - FA10012005 89 42.49 42.03 38.0 48 10 FA10048038
18 B8.59 Bilg 6.0 13 5 FA10013006 80 42 97 42 51 38.0 48 10 FA10048038
19 89.07 8.61 6.0 13 3 FA10013006 =3 43.45 | 4299 38.0 48 10 FA10048038
20 955 | 9.09 7.0 14 3 FA10014007 92 4393 | 43.47 | 400 49 10 FA10049040
21 10.03 | 957 7.0 14 3 FA10014007 93 44.40 | 4394 | 40.0 49 10 FA10049040
22 10.50 10.04 7.0 14 3 FA10014007 94 44 88 | 44.42 40.0 49 10 FA10043040
23 10.98 10.52 7.0 14 3 FA10014007 95 4536 | 4490 40.0 49 10 FA10049040
24 11.46 11.00 8.0 16 4 FA10016008 96 45 84 45.38 420 51 10 FA10051042
25 1194 | 11.48 8.0 16 4 FA10016008 97 4631 | 4585 | 420 51 10 FA10051042
26 12.41 11.85 8.0 17 4 FA10017009 98 46.79 | 4633 42.0 51 10 FA10051042
27 12.89 12.43 9.0 17 4 FA10017009 89 47.27 46.81 42.0 51 10 FA10051042
28 13.37 12.91 9.0 17 4 FA10017009 100 47.75 47.29 44.0 53 10 FA10053044
29 13.85 13.39 10.0 18 4 FA10018010 101 48.22 | 47.76 44.0 53 10 FA10053044
30 14.32 13.86 10.0 18 4 FA10018010 102 48,70 | 48.24 | 440 53 10 FA10053044
a1 14.80 14.34 1.0 19 4 FA10019011 103 49.18 48.72 46.0 55 10 FA10055046
32 15.28 14.82 1.0 19 4 FA10019011 104 4966 | 49.20 46.0 55 10 FA10055046
a3 15.76 15.30 12.0 20 5 FA10020012 105 5013 | 4067 | 46.0 55 10 FA10055046
34 16.23 | 1577 | 12.0 20 5 FA10020012 106 | 5061 | 50.15 | 47.0 56 12 FA10056047
35 16.71 16.25 13.0 22 5 FA10022013 107 51.09 50.63 47.0 56 12 FA10056047
36 17.19 16.73 13.0 22 5 FA10022013 108 5157 | 51.11 47.0 56 12 FA10056047
o 17.67 17.21 13.0 22 5 FA10022013 109 52.04 51.58 47.0 56 12 FA10056047
38 18.14 | 17.68 | 13.0 22 5 FA10022013 110 | 52.52 | 5206 | 47.0 59 12 FA10059047
39 18.62 18.16 14.0 23 5 FA10023014 1] 53.00 | 5254 | 47.0 59 12 FA10059047
40 18.10 18.64 14.0 23 5 FA10023014 112 5348 | 5302 | 47.0 59 12 FA10059047
41 19.58 19.12 16.0 24 5 FA10024015 3 53.95 53.49 47.0 59 12 FA10059047
42 20.05 19.59 15.0 24 5 FA10024015 114 54.43 53.97 47.0 59 12 FA10059047
43 20.53 20.07 17.0 25 5] FA10025017 115 54,91 54.45 47.0 59 12 FA10059047
44 21.01 20.55 17.0 25 6 FA10025017 1l 55.39 54.93 49.0 61 12 FA10061049
45 21.49 21.03 17.0 25 6 FA10025017 a7 55.86 55.40 49.0 61 12 FA10061049
46 2186 | 21.50 17.0 25 5] FA10025017 118 56.34 | 5588 | 49.0 61 12 FA10061049
47 22.44 21.98 18.0 26 5] FA10026018 119 56.82 | 56.36 50.0 63 12 FA10063050
48 22.92 22.46 18.0 26 6 FA10026018 120 57.30 56.84 50.0 63 12 FA10063050
49 23.40 2294 19.0 28 5] FA10028019 121 57.77 | 57.31 50.0 63 12 FA10063050
50 2387 | 23.41 19.0 28 5] FA10028019 122 5825 | 57.79 | 52.0 64 12 FA10064052
51 2435 | 2389 | 19.0 28 6 FA10028019 123 | 5873 | 5827 | 52.0 64 12 FA10064052
52 2483 | 2437 | 20.0 29 8 FA10029020 124 | 5921 | 5875 | 52.0 64 12 FA10064052
53 25.31 24.85 20.0 29 5] FA10029020 125 5968 | 5922 52.0 64 12 FA10064052
54 25.78 | 25.32 20.0 29 6 FA10029020 126 6016 | 59.70 | 54.0 66 12 FA10066054
55 26.26 | 25.80 | 21.0 30 6 FA10030021 127 | 6064 | 60.18 | 54.0 66 12 FA10066054
56 26.74 26.28 21.0 30 6 FA10030021 128 61.12 | 60.66 54.0 66 12 FA10066054
57 27.22 | 26.76 22.0 K1l 5] FA10031022 129 6159 | €113 | 55.0 67 12 FA10067055
58 27.69 27.23 22.0 3 6 FA10031022 130 62.07 61.61 55.0 67 12 FA10067055
59 2817 27.71 23.0 32 [} FA10032023 sl | 62.55 62.09 55.0 67 12 FA10067055
60 28.65 2819 23.0 32 5] FA10032023 132 63.03 62.57 55.0 67 12 FA10067055
61 29.13 28.67 24.0 33 6 FA10033024 133 63.50 63.04 58.0 7 12 FA10071058
62 29.60 29.14 24.0 33 6 FA10033024 134 63.98 63.52 58.0 71 12 FA10071058
B3 30.08 29.62 250 34 5] FA10034025 135 64.46 64.00 58.0 71 12 FA10071058
64 30.56 30.10 250 34 8 FA10034025 136 54.94 64.48 58.0 71 12 FA10071058
65 31.04 30.58 26.0 35 a FA10035026 137 65.41 64.95 58.0 71 12 FA10071058
66 31.51 31.05 26.0 35 a8 FA10035026 138 65.89 65.43 58.0 71 12 FA10071058
B7 31.99 31.53 27.0 36 8 FA10036027 139 66.37 65.91 62.0 74 12 FA10074062
68 3247 | 320 27.0 36 2] FA10036027 140 66.85 | 66.39 62.0 74 12 FA10074062
69 3295 | 3249 | 280 37 8 FA10037028 141 67.32 | 66.86 | 62.0 74 12 FA10074062
70 33.42 32.96 28.0 37 8 FA10037028 142 67.80 67.34 62.0 74 12 FA10074062
71 3380 | 3344 29.0 38 8 FA10038029 143 68.28 | 67.82 62.0 74 12 FA10074062
72 34.38 | 3392 29.0 a8 2] FA10038029 144 B8.75 | 68.29 62.0 74 12 FA10074062
73 34.85 | 34.39 | 300 39 8 FA10039030 145 | 69.23 | 68.77 | 62.0 74 12 FA10074062
74 35.33 34.87 30.0 39 8 FA10039030 146 69.71 69.25 63.0 75 12 FA10075063
75 35.81 35.35 31.0 40 8 FA10040031 147 70.19 | B69.73 63.0 75 12 FA10075063
76 36.29 35.83 310 40 8 FA10040031 148 7066 70.20 63.0 75 12 FA10075063
77 36.76 36.30 320 41 a FA10041032 149 71.14 70.68 65.0 T i2 FA10077065
78 37.24 36.78 320 41 8 FA10041032 150 71.82 71.16 65.0 TT 12 FA10077085
79 37.72 | 37.26 33.0 42 8 FA10042033
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